
规格说明∶Specifications∶

电气特性∶Electrical∶

1.额定电流∶ Current Rating
1.5A/contact terminal

2.额定电压∶ VoItage Rating
30 DC

3.接触阻抗∶Contact Resistance
30 milliohms MAX

4.耐电压∶Dielectnic Withstanding Voitage∶
500 V AC AT Sea Levol

5.绝缘阻抗∶Lnsulation Resistance∶
1000MEGA ohms MIN

原材料∶Matorial∶

1.塑胶;∶Housing∶
HIng Temperature Tnermaplastlcs,
PBT/LCP BLACK/WHITE

2.端子∶Contact∶Copper Alloy C2680

3.外壳∶ShelI∶ SPCC/COPPER ALLOY C2680

电镀∶Finish∶

1.端子∶Contact∶Plated Gold In MatIng Area;
Tin On Solder Talls

2.外壳∶ShelI∶
Nickel Plating
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