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FIG.2: Pulse waveform (8/20μs)
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front time: T1 = 1.25×T = 8×(1±20%)μs
time to half value: T2 = 20×(1±20%)μs
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FIG.1:V- I curve characteristics
(Uni-directional)
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FIG.4: ESD clamping (15kV contact)
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FIG.3: Pulse derating curve
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