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LOC DIST REVISIONS
FB OO Pl Lir DESCRIPTION DATE CWH | APVD
SEE SHEET 1 r
49.0 | 45.5 | 6.2 | 40.4 | 29.9 44 32.9 200 20 7-292230-0
19.5 1 45.5 4.1 40.4 | 28.4 44 3.4 500 19 6-292230-9
49.5 | 45,5 ] 6.2 | 40.4 | 26,9 44 29.9 s 500 |8 6-292230-8
49.5 | 45.5 | 4.7 | 40.4 | 25.4 44 ?8.4 < 500 |7 6-292230-7
. 49.5 | 45.5 | 6.2 | 40.4 | 23.9 44 26.9 ﬁ 200 16 6-292230-6
L 49.5 1 45.5 | 4.7 | 40.4 | 22.4 44 25.4 < 500 |5 6-292230-5
- 49.5 1 45.5 6.2 40.4 1 20.9 44 23.9 500 I 4 6-292230-4
T 495 | 45.5 | 4.7 | 40.4 ] 19.4 44 22.4 300 I3 6-292230-3
31.5 ) 33.5 6.2 28.4 1 17.9 32 2009 | 14.2 500 |2 = 6-292230-2
3.5 338 4.7 | 28,4 16.4 32 (9.4 14,2 500 Il % 6-292230- |
30,50 33,5 6.2 | 28.4 ] 14,8 3? [7.9 ] 14.2 ] 500 10 | 6-292230-0
3.5 | 33,5 4.1 | 28,4 13.4 32 [6.4 | 14,2 500 9 5-292230-9
29.5 | 25.5] 6.2 - [1.9 24 (4.9 11.5] 500 8 5-292230-8
29.5 1 25.5 4.7 - 10,4 24 3.4 (11,5 500 7 5-292230-7
- 29.5 | 25.5 | 6.2 - 8.9 24 .9 15 500 6 5-292230-86
= 29.5 ] 25.5 4.7 - 7.4 24 0.4 (11,5 500 5 5-292230-5
= i 2105 115 6.2 - 5.9 |6 8.9 7.5 500 4 5-292230-4
E 2.5 | 115 4.7 - 4.4 |6 1.4 7.5 500 3 5-292230-3
% 2l.o| 175 2.8 - 2.9 16 3.9 7.5 300 ? -
5 TAPE W2 | WI | F E D | € B A laTy/ o0s | coLor | ON TAPE
&S TYPE DIMENS | ONS REEL P/N
% 49.5 | 45.5 | 6.2 | 40.4 | 29.9 44 32.9 500 20 2-292230-0
5 . 49.5 [ 45.5 | 4.7 40.4 | 28.4 44 3.4 500 |9 |-292230-9
7; 49.5 1 45.5 | 6.2 | 40.4 ] 26.9 44 29.9 W 500 |8 |-292230-8
E 49.5 | 45.5 | 4.7 | 40.4 ] 25.4 44 28 4 < 500 |7 [-292230-1
& U 49.5 | 45.5 | 6.2 | 40.4 ] 23.9 44 26. 83 ﬁ 500 | & [-292230-6
% i 49.5 | 45.5 | 4.7 | 40.4 | 22.4 44 25,4 b 500 |5 |-282230-5
= - 49.5 [ 45.5 | 6.2 40.4 | 20.9 44 23.9 500 |4 |-292230-4
g - 495 | 45.5 | 4.7 | 40.4 ] 19.4 44 22.4 500 I3 [-292230-3
3T.5133.5] 6.2 28.4 [ 17.9 32 2009 | 14.2 500 |2 L |-292230-2
3T | 33.5 ] 4.7 | 28,4 16.4 32 [9.4 ] 14.2 | 500 Il E [-292230-1
37.5 | 33.5 | 6.2 | 28.4 | 14.9 32 [7.9 ] 14.2 | 500 [0 o [-292230-0
3T | 33.5 ] 4.7 | 28.4 ) 13.4 32 [6.4 ] 4.2 | 500 9 292230-%
9.5 25.5 | 6.2 .9 24 [4.9 | 1.5 ] 500 3 292230-8
29.5 | 25.5 | 4.7 0.4 24 3.4 11.5 500 7 292230-17
qu | - 295|255 ] 6.2 8.9 24 [1.9 ] 1.5 500 & 292230-6
% - = 29.5 [ 25.5 | 4.7 7.4 24 0.4 11.5 500 5 292230-5
§ i [ I I A B 5.9 |6 8.9 7.5 500 4 282230-4
% 205 17.5 ] 4.7 4.4 | & 7.4 1.5 500 3 292230-3
i 1 2l.s | 175 ] 2.8 2.9 |6 5.9 7.5 500 2 -
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Loc DIST REVISTONS
e 00 P] LTR DESCRIFTION TATE W | APVD
- SEE SHEET | - - -
0. 9831 .532.5|30.61728 5] 20 71-2927230-0 2-292230-0
0.93130.0131.0(29.112/7.0] 19 6-292230-9 | -72972230-9
0.89128.5|29.5(27.6125.5] 18 6-292230-8 | -292230-8
5 O.8427.028. 07261724 0] |7 6-72977230-7 | -292230-7
g 0.8025.52c.524.6122.5] 16 6-292230-6 | -292230-6
% O.75124.0125.0(23.121.0] |5 6-292230-5 | -292230-5
e O.71l22.5123.5(21.6119.0] 14 6-292230-4 | -72927230-4
2 O.e6|21.0f2z2. 01201 18.0] |3 6-292230-3 | -292230-3
é O.62(19.520.518.6116.5] |7 6-2927230-72 | -292230-7
uﬁg O 57118 0119.0( 17011150 I 6-72972730-1 | -72972230- |
é Q.21 51 7.5(15.6113.5] 10 6-292230-0 | -292230-0C
= O 48115 .0l .04 1)12.0 9 5-29727230-9 292230-9
= O 4313 5114, 5112.6110.58 3 5-292230-8 292230-8
= O.239112. 0 13.0( 1.1 9.0 7 5-292230-7 292230-7
Q.34110. 51 1.5 9.6 7.5 6 5-292230-6 292230-6
0.301 9.010.0] 8.1 6.0 e} 5-292230-5 292230-5
0.251 7.5 8.2 6.6 4.5 4 5-29727230-4 292230-4
0.20]1 6.0 7.0 oo 3.0 3 5-292730-3 7927230-3
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