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REV.] ECN NO. DESCRIPTION DATE DESIGN

RoHS 2.0 AQ. /. rTTa 2021.11.27 |Willming

PIN | DIM A | DIM B| DIM C
7P| 8.00 |480 | 2.00
ZD [10.00 | 6.80 | 4.00
AP [12.00 | 8.80 | 6.00
5P [ 14.00 | 10.80 | 8.00
AP | 16.00 | 12.80 | 10.00

DIM_A10.00 - 30

Specifications:

1.Rated Voltage : 125V AC/DC
’ELH_HJ 2'Rated Current : 2A AC,D
0

!1.80

1 1 I 3.Withstand Voltage : 200V AC/minute

= H 4.Contact Resistance : 50mQ(MAX.)
5.Insulation Resistance : 1000MQ(MIN.)
6.Storage Temperature Range:—40"C~+85°C;
7.0peration Temperature Range:=25'C~+/0°C;
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