8 | 7 | 6 N 4 3 | 2 1
THE INFORMATION CONTAINED IN THIS DRAWING IS THE SOLE REVISIONS
PROPERTY OF L-COM, INC. ANY REPRODUCTION IN PART OR WHOLE REV/ DESCRIPTION DATE APPROVED
WITHOUT THE WRITTEN PERMISSION OF L-COM, INC. IS PROHIBITED. ~ TINTIALRELEASE 871172021 PHOSPODAR
B LENGTH

4X CABLE

MARKER

4X FC CONNECTOR

NOTES:
1. FC CONNECTOR POLISH TYPE: UPC.

2. ALL CONNECTORS ACCOMPANIED WITH A DUST CAP
INSTALLED (NOT SHOWN).

3. CABLE ASSEMBLY SHALL BE INDIVIDUALLY PACKAGED IN
ACCORDANCE WITH L-COM SPECIFICATION PS-0031.
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9/125 SINGLE MODE OS1 DUPLEX FIBER CABLE
LOW SMOKE ZERO HALOGEN

COLOR: YELLOW

LENGTH
ITEM NO.
METER| FEET

FCA-FCFC-DPS1Z-01 1.0 [3.28

FCA-FCFC-DPS1Z-02 | 2.0 | 6.56

FCA-FCFC-DPS1Z-03 | 3.0 |9.84

FCA-FCFC-DPS1Z-05| 5.0 [16.40

FCA-FCFC-DPS1Z-10 | 10.0 [32.81

FCA-FCFC-DPS1Z-15 | 15.0 [49.21
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ALL OTHER DIMENSIONAL TOLERANCES:

CONFIGURATION DETAILS OF

PRODUCT DESCRIPTION
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