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SPECIFICATIONS:

M12 FEMALE CONTACT LAYOUT:
PIN 1    (+)
PIN 2   (NC)/(S2)
PIN 3    (-)
PIN 4    (NO)/(S1)
PIN 5    (EARTH)
LED DISPLAY: GREEN-POWER / YELLOW-S1 / WHITE- S2

OPERATING VOLTAGE:   24V DC
OPERATING CURRENT PER CONTACT:   2A  MAX.
TOTAL CURRENT:  2A  MAX.
PROTECTION:  IP65 / IP67
HOUSING:  PLASTIC, FLAME RETARDANT
TEMPERATURE RANGE:  -20  C TO +70 C

ALL DIMENSIONS ARE FOR REFERENCE ONLY.
PACKAGING: COMPONENT SHALL BE INDIVIDUALLY PACKAGED
  IN ACCORDANCE WITH L-COM SPECIFICATION PS-0031.
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