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THE INFORMATION CONTAINED IN THIS DRAWING IS THE SOLE REVISIONS
PROPERTY OF L-COM, INC. ANY REPRODUCTION IN PART OR WHOLE REV DESCRIPTION DATE APPROVED
WITHOUT THE WRITTEN PERMISSION OF L-COM, INC. IS PROHIBITED.
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MATERIAL |
Housing: ABS, UL 94V-0
ng. AE ELECTRICAL
IDC plastic: PC, UL 94v-0 Curent rating: 1.5 Am
IDC contact: Phospher Bronze with 200u 1l rating: 1. Amps
N - Insulaiion resistance. 300 MOhm
Tin over 100u” Mickel undercoat Contact resistance: 20 mokm
Temperature: -40°C ~ 68°C U :
DC resistance: 0.1 Ohm
Dielectric withstanding voltage: 1000 V
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ACCORDANCE WITH L-COM SPECIFICATION PS-0031.
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CONFIGURATION DETAILS OF

PRODUCT DESCRIPTION
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