Ratings

Voltage: 600V
Temperature: -40~105 °C
Flammability: VW-1

Conductor
Conductor count: 1
Gauge: 22 AWG 0.32 mm?
Material: tinned copper
Strand size: @ 0.643 mm (solid)
Resistance at 20 °C: 56.4 Q /km max

Insulator
Material: Polyphenylene Ether, Modified (mPPE)
Color: purple
Diameter: $1.3+0.10 mm
Nominal thickness: 0.31 mm
Resistance at 20 °C: 100 MQ /km min

Wire marking: E339579 UL AWM STYLE 11028 22 AWG 105°C
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To see a custom version of this cable assembly, call Tensility at 541-323-3228 or email engineering@tensility.com
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