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5 Cover OStainless steel 1 Wash/White
4 Button PPA 1 BLACK

3 Spring | Phosphor copper| 1 Silver/white
2 Base LCP 1 BLACK

1 Card Phosphor copper| 1 | Silver/white
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These drawings and specifications are Shenzhen Yiyuan Technology Co Ltd.The property should not be copied. Without
Shenzhen Yiyuan Technology Co. Ltd.Prior written consent to copy or use in any way. Email at info@yiyuanswitches. com
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