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M8 L-pole, straight overmolded, unshielded M8 L-pole, straight overmolded, unshielded
Mating face acc. to IEC 61076-2-104 Mating face acc. to IEC 61076-2-104
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PUR black, 4x0.25mm? 21348081489XXX
- Protection level: IP6?
- Temperature range: -25°C ... +80°C Type of cable ' Part no. -
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