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-Temperature range: -40°C ..+70°C
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All Dimensions
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Tech. Character.

Free size tol.

According to production drawing
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Mating face acc. to IEC 61754-20 \HARTlNG PushPull LC duplex
overmolded (IP 65/67)
21 33582311000028 100
20 33582310900028 90
19 33582310800028 80
18 33582310700028 70
11 33582310600028 60
16 33582310500028 50
15 33582310400028 40
14 33582310300028 30
13 33582310250028 25
12 3382319200028 F.0. Breakout cable, 2-channel 20
L 33>823101,0028 62.5/125pm, MM, PUR, black E
10 33582310100028 10
9 33582310090028 9
8 33582310080028 8
1 33582310070028 7
6 33582310060028 6
5 33582310050028 5
L 33582310040028 A
3 33582310030028 3
2 33582310020028 2
1 33582310010028 1
Cont. no. Part no. Type of cable Dim. alm]

HARTING Customised Solutions
D-32339 Espelkamp

PP F0 CABL-2xPP Metal LCD OV MM625
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