MATERIALS & SPECIFICATIONS PARTNO. | A79047-001 |REV] ECO DATE APP
B 99105 12-07-12 TLM
INSULATOR:
THERMOPLASTIC PER MIL-M-
24519, TYPE GLCP-30F OR GST-
40F NATURAL
CONTACT:
COPPER ALLOY PER MIL-DTL- 020 (18) SPACES @ »
32139. GOLD PLATED PER ASTM [0.51] B [0 64]‘[1-1 43] = 030
B488, (HARD GOLD) TYPE Il : : :
CODE C CLASS 1.27 (0.76]
TERMINATION: \
SOLDER COATED PER J-STD-006 070 )0000000000000000000
OR PLATED PER AMS-P-81728 [1.78] )®00000000000000000Q/
* / | ACTUAL SIZE
GUIDE POST:
BERYLLIUM COPPER ALLOY PER
ASTM B196. ELECTROLESS NICKEL
PER SAE-AMS-2404
CURRENT CAPACITY:
1 AMP MAX PER MIL-DTL-32139
CONTACT RESISTANCE:
71 MILLIOHMS (71mV) MAX @
1.0 AMPS PER MIL-DTL-32139
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THIS DRAWING CONTAINS CONFIDENTIAL AND PROPRIETARY INFORMATION WHICH IS THE PROPERTY OF
OMNETICS CONNECTOR CORP. THIS DOCUMENT MAY NOT, IN WHOLE OR IN PART, BE DUPLICATED, OR
DISCLOSED FOR ANY PURPOSE, WITHOUT WRITTEN PERMISSION FROM OMNETICS CONNECTOR CORP.
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