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12” EFFICIENITE SELECT™

Part NumberPart Number

GI-12DL-CCT130-ES4

> 80
non-�ammable

polycarbonite body with
internal aluminum heat sink

80,000-4˚- 104˚ 120o 90 lm /W

ConsumptionConsumption

24 W

Color TempColor Temp

select your downlight �xture Select your accessories*

speci�cations

Isolux DiagramIsolux Diagram Distance vs IlluminationDistance vs IlluminationFeaturesFeatures

Not all product variations listed on this page may be DLC quali�ed. Visit www.designlights.org/search to con�rm quali�cation.
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halogen equal

250W250W

Installation DiagramInstallation Diagram

GI-ACC-12DLCR

Lumen
Output
Lumen
Output

2,160

SURFACE MOUNT LED DOWNLIGHTS

12” (D) x 1/2” (H)

DimensionsDimensions

other speci�cations

6 years

J-box

2.16 lbs 10 pcs

WarrantyWarranty WeightWeight Case QTYCase QTY

30K 40K 50K

selectable

THDTHD

< 30%

6” can

Can be surface mount with bracket 
or installed in a 6” can using spring clips

Selectable (dip switch) color temperature
allows you to choose having 3000K, 4000K or 5000K
 
Magnetic optional trims in chrome, matte black 
or satin nickel �nish

Can be surface mount with bracket 
or installed in a 6” can using spring clips

Selectable (dip switch) color temperature
allows you to choose having 3000K, 4000K or 5000K
 
Magnetic optional trims in chrome, matte black 
or satin nickel �nish
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