Product Specification

Patch Antenna ¢
JTT1575S25P4A

Feature
High gain , Compact
Pin type

Customization available

Electrical Specification
Center Frequency

Return Loss @ FO

Bandwidth @ 10dB Return loss
Polarization

Gain @ Zenith

Ground plane

Impedance

Frequency Temperature Coefficient

Operation Temperature Range

Mechanical Dawring

25

1575.42 + 3.0 MHz
25 dB typ.

=8 MHz

RHCP

2.0 dBi typ.

27 x 27 mm

50 Q

+20 ppm/C

-40 ~ +85C

1575A-X

).;l

25

Jiaxing Jinling Electronic Co., Itd

0,7Max.

Tolerance Unless Otherwise Specified:+0.30
Unit: mm
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Product Specification

Patch Antenna (¢
JTT1575S25P4A

Test Fixture

2,5

Characteristics

1 Active ChfTrace 2 Response 3 Stimulus 4 Mikr/Analysis 5 Instr State

» =11 Log Mag 5. 000dB/ Ref 0.000dE [F1)
% s1E Smgth %R+j><) Scale 1.000U [Fl{

1 1.5754200 GHz -32.304 dB

2 1.5704004 GHz -10.546 dB
»3 1.5804004 GHz -10.5%91 dB

1 Center 157542 GHz IFBW 70 kHz

Jiaxing Jinling Electronic Co., Itd
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Span 200 MHz [
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Patch Antenna (¢

JTT1575S25P4A
Packing
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Inside box 250pes(5 Tray)

Jiaxing Jinling Electronic Co., Itd
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Outside Box 1000pcs(4 inside box)

Unit: mm
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