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M Specifications

® Voltage rating: 250V AC,DC
09 540,35 @ Current rating: TA, AC/DC
T ® Withstanding voltage: 1500V AC/minute
16.810. 104 @ Insulation resistance:1000MQmin
16.80 @ Temperature range:-40C to +105°C
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