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Drawing Figure # 

Figure 
Number

7 
Electrical Characteristics 

NET Z 
@ 100 MHz

DCR 
Max

Rated 
Current 

mA

100 0.0003 75000 
Physical Dimensions 
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E1 
mm

A 
in

B 
in

B1 
in

C 
in

C1 
in

D 
in

E 
in

E1 
in

13.72 10.41 - 10.52 - 5.28 6.35 - 0.540 0.410 - 0.414 - 0.208 0.250 - 
Wire Dimensions 
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T1 mm T2 mm T3 mm T1 in T2 in T3 in

3.05 3.07 0.97 0.120 0.121 0.038 
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