RFPC-MMCX04-F

CUSTOMER PRODUCT SPECIFICATION SHEET

REPC-MMCXO04-F : MMCX Straight Jack, Surface Mount Type

RoHS
Compliant

Material and Plating

Insulator: PTFE
Pin: Be Cu, Gold

Body: Brass, Gold

Specification:

Durability: 500 Mating Cycles Min 0-0.1 o
Operafing Temperafure: -40°C~+125°C {Conftact to be flush 9
Working Frequency Range: DC~6GHz t0 0.1 below surface) ‘,M.‘ A
Impedance: 50 Ohm. | ~ |
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PACKAGING OPTIONS:
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RFPC-MMCX04-F CUSTOMER PRODUCT SPECIFICATION SHEET
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RFPC-MMCXO04-F - TAPE AND REEL PACKAGING DRAWING
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0.3 I Notes:
‘W‘F‘ 1 Reel Diametfer: 33cm
3.9+0.1 2. Unit Per Reel: 1500pcs.
578 3. Insulator Cap Maferial: Polyamide Resin.
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