NOTES: REVISIONS
| MATERIALS AND FINISHES: REV DESCRIPTION DATE ECN BY
CONTACT - BeCu, GOLD PLATING
OUTER CONTACT - BeCu, WHITE BRONZE PLATING
INSULATOR - PTFE, NATURAL
SLEEVE - BRASS, NICKEL PLATING

2. ELECTRICAL:
A. IMPEDANCE: 50 OHM
B. FREQUENCY RANGE: DC-18 GHz

C. VSWR(RETURN LOSS):
DC-6 GHz 1. 13 (-24.29 dB), MAX.
6-11 GHz 1,15 (-23.13 dB), MAX.
[1-18 GHz .20 (-20.83 dB), MAX.
D. DIELECTRIC WITHSTANDING VOLTAGE: 1000 VRMS, MIN. 2

3. MECHANICAL:
A. DURABILITY: 100 CYCLES MIN. SCALE 2.000
B. TEMPERATURE RANGE: -65°C TO 165°C

4. PACKAGING:
A. QUANTITY: SINGLE PACK IDENTIFICATION GROOVE:
B. MARKING: PACKAGING TO BE MARKED SIGNIFITES BeCu OQUTER CONTACT @12.5 REF.
"AMPHENOL RF, AD-TNCJQMAP-1, AND DATE CODE" [.492]
INTERFACE PER
MIL-STD-348
TNC JACK
INTERFACE PER
AMPHENOL RF SPEC.
349-50692
32.33 REF.
[1.273]
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