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I Inoill  COAXIAL CONNECTORS TECHNICAL DATA

Issue : 9547 Page
STRAIGHT CABLE PLUG-CLAMP TYPE .
Series : BNC
CABLE 6/75+93 1172
DIA 0.563/diamond knurl 0.433/2 flats
(e14.3/molet croise) (11/2 plats)
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CABLES : -
- CHARACTERISTICS - ~
NOMINAL IMPEDANCE 50 0 STANDARDISATION
FREQUENCY RANGE 0-4 @z -
TEMPERATURE RATING -65,+165 “c -
VSWR -+ 0 x F(BHzIMax1 -
AF INSERTION LOSS - JF(GHz) o8 Mexi CABLE RETENTION 40.?84& r1‘:: min
VOLTAGE RATING =~ vrme Max CENTER CONTACT RETENTION
DIELECTRIC WITHSTANDING VOLTAGE 1500 vrms min Axial foroce - mating end 0_ 'l‘b min
INSULATION RESISTANCE 5000 M (nin Axial foroe - cpposite end 0 jomin
HERMETIC SEAL - cols Torque (Min) 0 Inon oz
- Atm.cm3/s RECOMMENDED TORGLES
LEAKAGE (pressurized only) - psi Mating 0 inch.ib
- W - om.N
WEIGTH 0.6074 o0z Panel nut 0 inoh.10
17 ¢ - onm.N
- Clamp nut 0 1non.1o
- om.N
>— CONSTRUCTION <
CONNECTOR PARTS MATERIALS FINISH
BOOY BAASS NICKEL
OUTER CONTACT BRASS NICKEL
CENTER CONTACT BRASS GO0
INSULATOR PTFE -
COUPLING NUT BRASS NICKEL
- - -
I REVISION No DEBCRIPTION BY DATE
Initiated on 265-04-95 | 11 oubjo0t 2o, ohsnge v thout
notice. Design changes may be
n order to inprove the product
Approval by LELEU P. K

FANJAT 0.
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CLAMP BAALD SLEEVE Issue 9517 | page
CLAMP NUT  WASHER  'V'GROOVE GASKET INSULATOR ~ CENTRE CONTACT Booy_ [& [ @
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Strip the cable . g
- Stripping a b L)
- inch 0.217{0.236]0 0.02
mm 5.5 [b - - 0.5
Slide the clamp nut , the washer and the
'V'groove gasket onto the cable .
Slide clamp braid slesve over braid . 1.
Fold back braid and trim off surplus L]
braid .
Trim back dielectric as shown .
Solder the cable inner conductor into SOLOER

centre contact .

@

Screw sub-assembly into the connector
bady .
( recommended coupling torque 13.27 in.1lb )
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Hex. : 0.433/flats

This information is given as an indication . In the continual goal to improve our products , we reserve the right
to make any modifications judged necessary .



