Contact 8 Contact 1

Han 3A adapfer Cat.6 insert

M3 screw _—

max.21

— Data contact plating: Au 1,27ym (S0pin) over Nickel

All Dimensions in mm Scale Free size tol. Ref.
Original Size DIN A4 | 2:1 Sub.

-For solid and stranded conductors

AWG 27 up to AWG 22 %
-Max. wire diamefer 1'5mm ; Created by Inspected by Standardisation Date State

-Cat.6 performance class EA g | Al rights reserved gy PREOTU ROESEN 2021031 2| Release

suitable for 1710 Gigabit Ethernet g | Depariment | pp — S T

-Temperature range -40°C up to +70° Han 3A RJLS 10G (ath p[ug insert ﬂp I0( 100229063/UGD/001/C
-150 mating cycles HARTING ! 500000221324

e IR M™ 09451001560 “C




