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NOTES
1. ELECTRICAL
1.1, VOLTAGE RATING:DCV 300V 10MS ]
1.2, CONDUCTANCE RESISTANCE: 3.0 OHM/MAX,
PART NUMBER
1.3. INSULATION RESISTANCE: 5.0M OHM/MIN NO. il arv.
1.4, THE CABLE SHOULD BE 100% ELECTRICAL TEST AS
1.5. IT SHOULD BE NO ANY OPEN/SHORT, MISWIRING AND INTERMITTENT FAILURES N 8 "
2. MATERIAL: @ Bk 1L IPEX T 1
21, SEE TABLE
Ak b = ’ AS
3. ALL COMPONENTS ARE RoHS COMPLIANT. @ I ek RF0.81 %%z, OD0.81mm
TN EMIRRTFERAR www.kinghelm.com.cn
KHA-(RG0.81)-TX150-IPEX-221 0755-28190160
ALL DIMENSION DRAWN DATE
ARE IN MM damy HNE15
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