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Features

DIP : Cylinder type

®:20 xL:6.2

Frequency range : 30kHz ~ 100kHz
External dimensions (mm)

ROHS compliant & Pb free

Electrical Characteristics

QT26V

kHz Crystal

Applications
e Real-time clock (RTC)
Security devices
Communication devices

Iltem Symbol QT26V Conditions
Nominal Frequency fo 30kHz ~ 100kHz oo Conact s for avalable
Frequency Tolerance Afffy +30 ppm at 25°C
Load Capacitance C. 12.5 pF
Operating Temperature Range Totr -20°C ~ +70°C
Storage Temperature Range Tstr -40°C ~ +85°C
Turnover Temperature Twm 25°C £ 5°C
Temperature Coefficient B -0.034 + 0.006ppm/°C?
Motional Resistance (ESR) R, 50 kQ Max. at 25°C
Drive Level D, 1 uW Max.
Aging Af/f, 5 ppm Max. at 25°C + 3°C,first year
Shunt Capacitance Co 0.8pF ~ 1.7pF Typ. Depend on frequency
Dimensions
fo.7:0.2
1 A oy
1.9+0.1 — 1
6:0.2 6.120.2 (Unit: mm)

Ordering Information

OT26V - 40.000K - A ZF - B

Frequency in Hz

Please contact us for
available frequencies

Frequency Tolerance (at 25°C)

Packaging Method

Load Capacitance

Frequency Stability (over Temp.)

Z Standard for kHz
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