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| 1.Current rated: 5A on Vbus/1.25A
! 1 on Vconn/0.25A on other
| I Voltage rating: 24V AC
E i E o 2.Withstanding voltage: 100V AC/minute
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! - 5.0perating temperature: -40 °C ~ +85 °C
! w) M 6.Mating force: 5SN~20N
‘ 0 L 7.Unmating force: 8N~20N
i ‘ 8.Durability Cycle:10,000 Cycles
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RECOMMENDED P.C.B. LAYOUT
TOLERANCE 0.05mm SCALE: 34 | UNIT: mm Tite: | Vertical Type-c 14P Female ®
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