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General Specification

Current Rating:1.5A DC /Contact, 20mA DC for LED signals
Voltage Rating:125V AC /Contact, 2.0 volts DC for LED signals
Operating Environment
Standard Temperature:
Industrial Temperature:
Humidity: 20~70%
Contact Resistance:<<30mQ

Insulation Resistance:=500MQ
Dielectric Strength:500V AC/(50HZ) /Min
Mating And Unmating Force:3~20N
Durability:750 Cycles Min

-20C~+70C
-40°C~+85C

Material Specification

Housing :Thermo—plastic, UL94V-0.

Contact :Alloy Copper

Shield :Alloy Copper

Please refer to the customer drawing when customer has specified
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