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NOTE:
1.ELECTRICAL:

1.1.Rated Voltage:250V

1.2.Rated Current:4A

1.3.Contact Resistance:<15mQ

1.4.Insulation Resistance:=2100MQ

1.5.Rated impulse voltage:2500V
2.ENVIRONMENTAL:

2.1.0perating Temperature: -25°C TO +85°C
2.2.Protection Grade:IP67,When Tight Locked
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2.3.Pollution Degree:3 (Y
3.Contact Material: B NI Plated Und —1 O~
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