P/N | S765N-915
Electrical Properties:
_ Frequency Range: 902~928 GHz
o Impedance: 5002 nominal
M VSWR: <2.0:1
3 o Gain: 2 dBi
; o Radiation: Omni
: Polarization: Vertical
™~
Mechanical Properties:
| Connector: N Jack
\ Material:
o N Jack Body: ABS+PC (Black)
o 5/3"-24JZTEF-2A Connector: Brass with Nickel plating
- I I Operation Temp.: -20°C to +65°C
0 —— O-Ring Storage Temp.: -30°C to +75°C
This is a RoHS compliant product.
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