
T r a n s f o r m e r s CND-tek
SMD transformer for vehicle and 
BMS transformer

DIMENSIONS & MARKING

FEATURES

OCL  DCR   (Ω） Turns 
Ratio

Insertion Loss  
（4MHZ）

Return Loss       
(Z out = 100 ohms)

（4MHZ）

CMRR
1-10 MHz   10-1000MHz

Working 
Voltage

150uH(min) 
370uH(max)

0.35Ω max(Transformer Side )    
0.80 Ω max(CM Choke Side) 1CT :1CT±2% -0.30dB Max -20dB Min -35dB Min     -20dB Min 1000 Vdc

Qualification：PER AEC-Q200

Operating Temperature Range:-40~+125C °

Storage Temperature Range：-50~+125C °

Creepage Distance：>5mm

Hi-Pot：4300 VDC 1 mA, 60 sec

7.62 ± 0.25
(0.300 ± 0.010)

0.51 ± 0.13
(0.020 ± 0.005)

5.08 ± 0.13
(0.200 ± 0.005)

2.54 ± 0.13
(0.100 ± 0.005)

PIN 1 DOT

6 PLCS.

9.27 (MAX)
(0.265)

5.72
(0.225)

MAX.

0.13
(0.005)

MIN.

0.72
(0.028)

TYP. 6 PLCS.

0 ° ~ 8 °

CB0603S

YYWW

COPLANARITY
0.10

(0.004)
MAX.

MM

(INCHES)
DIMENSIONS:

5.08
(0.200)

TYP.
2.54

(0.100)
TYP.

0.76
(0.030)
TYP.

7.11
(0.280)

TYP.

9.65
(0.380)

TYP.

SCHEMATICS

REACH
SVHC-Free

Lead
FreeRoHS

Pb

Halogen
Free

Br
Cl

Series/Type:    CB0603S

ELECTRICAL SPECIFICATIONS @25℃

*Testing Conditions:100KHz 0.1V

Packaging Speci ications
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	幻灯片编号 1



