
＞30.±0.4 X.°± PART NO:
6-30±0.3 .X°±
0-6±0.2 .XX°± TITLE: 0769-82001899

ANGLES±1° .XXX°± www.xfconn.com
UNITS: mm DWG NO:

THESE DRAWINGS AND SPECIFICATIONS
ARE THE PROPERTY OF XFCN AND SHALL
NOT BE REPRODUCED,COPIED OR CUED IN
ANY MANNER WITHOUT THE PRIOR
WRITTEN CONSENT OF XFCN

APPD Chen ZhiQiang

CHKD Liu Wei VIEW

DRAW Chen HongJiang SCALE SHEET REV

DATE 2024.02.22 NONE 1:1 A1

RoHS
REV ECN NO. DESRIPTION DESIGN APPROVAL DATE

A1 NEW 更换图框 2023.11.25

XFCN兴飞连接器

技术指标：

1.温度范围(Temperature range)：-55℃～+85℃
2.额定电流(Current rating):1.5 AMP 30V AC
3.额定电压(Rated voltage)：500V AC
4.接触电阻(Contact resistance)：≤0.03 Ω.
5.绝缘电阻(Insulation resistance):≥1000M Ω Min.
材质：

胶芯（Rubber core）：PBT BLACK
P针（P-needle)：Copper Alloy
外壳(The shell)：SPCC
电镀：
Contact:Tin Plating 100u on solder tailarra,RJ45
Gold plating G.F on contaca area.USB Gold plating
G.F on contact ared 30u min Ni underplating over all
shell Plating Cu botton 50u Plating Ni 80u

5A01-005T

RJ45+双层USB2.0 LED左黄右绿
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