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LASER MARKING DETAILS
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\ WIRE : 26AWG DISC PTFE BLACK UL 10344

RESISTANCE VS TEMP CHARACTERISTICS:

Temp(°C) R min R nom R max Temp(°C) R min R nom R max
P ka) | ke) | xa) P ka) | ke) | xa)
-40 273.2 286.6 301 50 3.693 3.786 3.88
-35 200.2 2006 219.3 55 3.083 3.166 3.251
-30 148 .4 1549 161.6 G0 2.586 266 2736
-25 111.2 115.7 120.3 65 2179 2.245 2313
-20 84130 | 87.200 | 90.540 70 1.843 1.903 1.964
-15 64150 | 66.370 | 68.660 75 1.566 1.619 1.674
-10 49370 | 50950 | 52.560 80 1.336 1.383 1.432
-5 38.330 | 30460 | 40.600 85 1.14 1.182 1.226
0 30010 | 30.810 | 31.630 ao 0.976 1.014 1.053
5 23.680 | 24250 | 24.840 a5 0.838 0.872 0.907
10 18.820 | 19230 | 19.650 100 (0.721 0.752 (0.783
LTES' 15 15070 | 15360 | 15660 105 0.623 0.65 06786
20 12140 | 12360 | 12570 110 (0.530 0.564 0.580
25 0.850 10.000 | 10.150 115 0.468 0.49 0.513
1. RESISTANCE TOLERANCE @ 25°C : 10KQ+2%. :g gggj géjj §§§§ Eg g;g; g;i; g;;‘j
- o - O - - - - - -
3' B VALUE(25/85 C) . 3800Ki1 /0 40 5.380 5.494 5610 130 (0.303 0.319 (1.335
4. OPERATING TEMPERATURE RANGE : -40°C TO +105°C. 45 1446 | 4549 | 4654 135 | 0251 | 0265 | 0279
5. RING TERMINAL MOUNTING HOLE DIAMETER : 3.7MM.
6 TERMINAL IS NICKEL PLATED COPPER FUNCTIONAL] THIS DRAWING CONTAINS INFORMATION THAT IS PROPRIETARY TO MOLEX ELECTRONIC TECHNOLOGIES, LLC AND SHOULD NOT BE USED WITHOUT WRITTEN PERMISSION
b - SYMBOLS [DIMENSION UNITS| — SCALE CURRENT REV DESC:
7. VOLTAGE BREAKDOWN STRENGTH : MIN 1500VAC FOR 3SEC BETWEEN - o|_mm_|NTS molex
CONDUCTOR AND EYELET/RING LUG \§/= 0| (mess seecren
Wz 0 ANGULARTOL £ EC NO: 657688 NTC RING CABLE - 3800 M3.5, 300MM,10K,2%
8 RESPONCE TlME APPROX 10 SECOND |N LlQUID MEDIUM DIVISIONAL4PLACES t DRWN: RAVIKM 2021/03/09
3PLACES | CHK'D: RBBHASKAR 2021/03/17
9.INSULATION RESISTANCE :MINIMUM OF 100MOHM @ 500VOLTS DC IN METALIC BALLS. O ces |- APER:_REBHASKAR 20210317 ____PRODUCTCUSTOMERDRAWING
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