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TN i [[PN ‘ 2 1.Current rated: 1.0A Voltage rating: 24V AC
] 2.Withstanding voltage: 500V AC/minute
3.Contact resistance: 30mQ Max
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( | ) 5.0perating temperature: -40°C ~ +85°C
R DG ﬁ 6.Mating force: 44.1N
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