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FREH WLAN communication module Contains FCC ID: Z64-C3120MOD gh‘c""‘h; ooehers m"”ec‘e“m oV ecicon o el

. . ician for help.

WLAN @i FCC ID: WAF-05549320 Camio:“s“ ¢ Gealer or an expenen chnician for help
Mat-No. WLAN communication module See FCC Wamings Chan not expressly approved by the party responsi-
g bl for complience coukd voil (e users auhorty 1 0parata he equip
Feature Values men. Shielded infeface cable must be used in order to comply with the

Model No. 05549320 e Shielde

BE WLAN-module HIESEH HiE ‘emission limits.

P 07200 WLAN @i | Ragio range >100m Warning

Date 07 ey (free field/ k38 | This device complies with Part 15 of the FCC Rules. Operation s sub
) et to the following two conditions:

(1) this device may not cause harmful inerference, and
e ofthe wireless module is subject o the regulations and sfpu- WLAN Type CC3120MOD (2) this device must accept any interference received,

ors o sttt cony o e, o el o o b St WLAN 28 RNMMOBR incuding nerfrence that may cause undesired operation.

counties for which a county certfication has been granted. The user and Caution: Ratlo Frequency Radiaon Exposurs

every owner has the obligation to adhere to these regulations and prerequisi- Company Texas e Y '

{es for Use, and acknonedges that e r-sle expor, Mpot e, Inprtcar Pt O RF exposure information: To maintain complance with FCC RF expo

n counties without wiless. pomis. 5 s responsbiy sure requirements, use the product that maintain a 20cm separation
distance between the user's body and the host. I satisfes RF exposure

Count pv—— WLAN radio class | Accord with the compliance of FCC.

a WLAN E£2828) | standard of Co-Location:

Australia E1561 . . -
|EEE This transmitter must not be co-located or operated in conjunction with
802.11bigin any other antenna or transmitter.

Japan Information
RF B 2412-2472MH ’
Braz ,) nﬁ;"; g BECEERACET <, HREEEATREEEYLHER
BEAERELTOS
. A NA TE L Power output 15.64dBm KCC Warning
Aatncltiacons o Telecomunieacoes FEAE g 2 AllE 88 3 T E JH5 N0l U8,
02286-20-04701 ‘Antenna gain 0.6dbi
Este equipamento ndo tem direio & prolegao g
conira nterferéncia prejudicial e ndo pode -
causar interferéncia em sistemas devida- c Warnings
mente autorizados. RSS-Gen & RSS-247 statement
Este produto ndo é apropriado para uso em | This device complies wih Industry Canada licence-exempt RSS stan-
ambientes domésticos, pois poderé causar | dard(s)
interferéncias eletromagnéticas que obrigam | - operation i subject to the following two conditons:
0o a tomar medidas necessarias para | f o |
minimizar estas interferéncias (1) this device may not cause interference, ant
(2) this device must accept any inferference, including inerference that
Europa + EFTA may cause undesired operation of the device.
Le présent appareil est conforme aux CNR d'Industrie Canada applica
bles aux appareis radio exempts de licence.
Lexplotation est autorisée aux deux conditons suivantes
The EU Decaraton o Corfomiy canbe. | (1) Fapparei e it pas produre de brouilage, et
foundon the testo omepage wtesto, | (2 lutisateur de 'appareil doit accepter tout _brouillage radioélect
com under the product speciic down- que subi, méme si le broulage est susceptble d'en comprometir le
Joads, fonctionnement
EU countries: Caution: Radio Frequency Radiation Exposure
This equipment complies with IC radiation exposure limits set forth for
Bolgium (BE), Bugari (BS), Denmark 0K). | an uncontolied envionment and meets the IC radio frequency (RF)
ermany (DE), Estonia (EE), Finland (FI), A
France (FR), Greece (GR), Itland (IE), faly posure -
(IT), Latvia (LV), Lithuania (LT), Luxembourg Co-Location:
. Malta (MT), Netheriands (NL), Austria | This transmitter must not be co-located or operated in conjuncion with
(AT), Poland (PL), Portugal (PT), Romania | any other antenna or ransiter.
(RO), Sweden (SE), Slovakia (SK), Slovenia | Attention : exposition au rayonnement de radiofréquences
(), Sxﬁ‘"ffs() dC;“*‘dRep‘gl‘B‘C (gz) a“" | et équipementest conforme auxmites dxposiion aus radiofréquen-
ga’” ), United Kingdom (GB), Republic of | - cos i fixges pour un environnement non controlé et aux Lignes directi-
yorus (CY). ces relafives a lexposition aux radiofréquences (RF)
EFTA countries: Co-Location
Iceland, Liechtenstein, Norway, Ce transmetteur ne peut pas étre installé en colocation ou étre utiisé
Switzerland avec une autre antenne ou transmetteur, quel qu'en soit le type.
FCC Warnings
WEEE Reg. no: Information from the FCC (Federal Communications Commission)
DE 75334352 For your own safety
Shielded cables sfiould be used for a composite interface. This is to
I ensure continued protection against radio frequency interference.
FCC waring statement
g— This equipment has been tested and found to comply with the limits for
P e_ [®] 201170387 a Class C digital device, pursuant fo Part 15 of the FCC Rules. These
Z limits are designed to provide reasonable profection against harmiul
interference in a residential installation. This equipment generates, uses
See Japan Information and can radiate radio frequency energy and, if not installed and used
Philippines NTC No- ESD-2022060C in accordance with the insiructions, may cause harmful interference to
radio However, there is no guarantee that inferference
South Africa | ICASAID: TA-2019/5752 will ot occur in a particular installation. If this equipment does cause
harmil inerference to radio or television reception, which can be deter-
South Korea mined by tumning the equipment off and on, the user is encouraged to
iry o correct the interference by one or more of the following measures
ReR-162-06549320
see KCC Warning

Turkey Authorized

UAE TRA no.: ER78685/20

Canada Contains IC: 4511-CC3120MOD

IC: 61278-05549320
See IC Warnings
China CMIT ID: 2020005944
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