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 Specifications:  Voltage rating:20VAC/DC。  Current rating:10A AC/DC  Insulation resistance: 100MΩ Min  100MΩ Min   Min   Contact resistance: 30mΩ Max   Max   Withstanding voltage:500V AC/minute   DURABILITY: 5000 CYCLES MIN DURABILITY: 5000 CYCLES MIN CONNECTOR MATING FORCES: 5~40N 5~40N N  CONNECTOR UNMATING FORCES: 5~40N CONNECTOR UNMATING FORCES: 5~40N 5~40N N  Temperature range:-40 to+70 to+70 
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