PLUG: MM—212-031-161—-41WA
RECEPTACLE: MM—222-031-261-22WQ

PLUG: MN—211-031—161—41WA
RECEPTACLE: MN—221-031—261—-22WQ
PLUG RECEPTACLE XX—=XXX—=XXX=XXX—=XXXX—=XXX
| SERIES |
MM .050" Rugged Metal /O Connector MM .050" Rugged Metal /O Connector
MN .050" Rugged Plastic I/O Connector MN .050" Rugged Plastic I/O Connector
(MM & MN mate with MK, ML, MM, MN receptacles) (MM & MN mate with MK, ML, MM, MN plugs)
| BODY |
2 2-Row (Sizes 9 thru 51****) 2  2-Row (Sizes 9 thru 51****)
3 3-Row (Size 51 & 69***) 3  3-Row (Size 51 & 69***)
4 4-Row (Size 100) 4 4-Row (Size 100)
BODY STYLE: BODY STYLE:
1 Plug, straight, with ears 2 Receptacle, straight, with ears
BODY MATERIAL: BODY MATERIAL:
1 Polyphenylene Sulfide (MN only) 1 Polyphenylene Sulfide (MN only)
2 Polyphenylene Sulfide with electroless nickel shell 2  Polyphenylene Sulfide with electroless nickel shell
3  Polyphenylene Sulfide with electrodeposited 3 Polyphenylene Sulfide with electrodeposited
cadmium shell cadmium shell
4 Polyphenylene Sulfide with hard anodized 4 Polyphenylene Sulfide with hard anodized
black shell black shell
5  Polyphenylene Sulfide with stainless steel shell 5  Polyphenylene Sulfide with stainless steel shell
| SIZE
XXX 009, 015, 021, 025, 031, 037, 051****, 069***, 100 | XXX 009, 015, 021, 025, 031, 037, 051****, 069***, 100
[ CONTACTS |
TYPE CONTACTS/TERMINATIONS: TYPE CONTACTS/TERMINATIONS:
11 Pin, straight, 26 awg solder cup 21 Socket, straight, 26 awg solder cup
1A Pin, straight, 24 awg solder cup 2A  Socket, straight, 24 awg solder cup
14 Pin, straight, .500" pigtails (.018 dia) 24 Socket, straight, .500" pigtails (.018 dia)
15 Pin, straight, 1.000" pigtails (.018 dia) 25  Socket, straight, 1.000" pigtails (.018 dia)
16  Pin, straight, crimped wire 26  Socket, straight, crimped wire
PLATING OPTIONS: PLATING OPTIONS:
1 50 u" Au contacts (crimp wire) 1 50 u" Au contacts (crimp wire)
3 50 p" Au contacts (solder cup, pigtail) 3 50 p" Au contacts (solder cup, pigtail)
5 50 u" Au contacts; Sn/Pb alloy terminations 5 50 u" Au contacts; Sn/Pb alloy terminations
(pigtail) (pigtail)
7 50 u" Au contacts; SAC305 terminations (pigtail) 7 50 u" Au contacts; SAC305 terminations (pigtail)
| HARDWARE |
STYLE OF HARDWARE: STYLE OF HARDWARE:
00 None 00 None
22 Two fixed jacknut assemblies (62*) 22 Two fixed jacknut assemblies (62*)
41 Two turning jackscrews, allen head, 41 Two turning jackscrews, allen head,
retaining ring (81*) retaining ring (81*)
42 Two long turning jackscrews, allen head, 42 Two long turning jackscrews, allen head,
retaining ring (82*) retaining ring (82*)
43  Two turning jackscrews, slot head, 43 Two turning jackscrews, slot head,
retaining ring (83*) retaining ring (83*)
44 Two long turning jackscrews, slot head, 44 Two long turning jackscrews, slot head,
retaining ring (84*) retaining ring (84*)
45 Two turning jackscrews, allen head, 45 Two turning jackscrews, allen head,
captivated** (85*) captivated** (85*)
99 Keying hardware, see options below. (Body 99 Keying hardware, see options below. (Body
material 2, 3 and 4 only) material 2, 3 and 4 only)
POLARIZATION / WIRING: POLARIZATION / WIRING
00 None 00 None
XX For wiring codes, see page MA-3 & MA-4 XX For wiring codes, see page MA-3 & MA-4
OPTIONS |
KSXX Two turning jackscrews. See page MA-6 for keying KSXX Two turning jackscrews and interfacial sealing gasket.
options (KJ*) See page MA-6 for keying options (KJ*)
KPXX Two fixed jacknuts. See page MA-6 for keying KPXX Two fixed jacknuts and interfacial sealing gasket.
options (KN*) See page MA-6 for keying options (KN*)
900 Interfacial sealing gasket

* = Use numbers or letters in parenthesis when ordering size 100.
** = Captive hardware is factory installed and non-removable.
*** = 69 position connectors are available in metal only.
**** = 2 row, 51 position connectors are available in metal only (non Mil-Spec interface).

= Option not RoHS compliant
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AirBorn

Wire Codes
SAE AS22759/11-24

6" | 12" | 18" | 24" | 30" | 36" [42" [ 48" | 54" | 60" | 66" | 72" | 84" | 96" | 108" | 120"
M83513** 5A | 5B | 5C | 5D | 5E | 5F |5G | 5H | 5J | 6K | 5L | 5M | 6N [ 5P | 5Q | 5R
MIL-STD-681* | CA| CB |CC |CD |[CE |CF [CG|[CH|CJ|CK|CL|[CM|CN|CP|CQ|CR
WHITE DA | DB |DC | DD |DE |DF |[DG|DH |DJ [DK | DL |DM | DN | DP | DQ | DR

SAE AS22759/11-26

6" | 12" | 18" | 24" | 30" | 36" [42" [ 48" | 54" | 60" | 66" | 72" | 84" | 96" | 108" | 120"
M83513** 6A | 6B | V1 |6D | 6E | V2 |6G | 6H | 6J | 6K | 6L | Y6 | 6N | 6P | 6Q | 6R
MIL-STD-681* | X3 | X4 | W3 |ED | EE (W4 |[EG|EH | EJ | EK| EL |EM | EN | EP | EQ | ER
WHITE X1 | X2 |W1|FD|FE |W2 |[FG|FH | FJ |FK| FL | Y5 |FN | FP [FQ | FR

SAE AS22759/33-24***
6" | 12" | 18" | 24" | 30" | 36" |42" | 48" | 54" | 60" | 66" | 72" | 84" | 96" | 108" [ 120"
M83513** LA(LB|LC|LD|LE|LF |LG|LH | LJ |LK|LL |LM|[LN|LP|LQ|LR

WHITE MA |{MB|[MC|MD|ME |MF (MG|MH | MJ | MK | ML | MM | MN | MP | MQ | MR

SAE AS22759/33-26***

6" | 12" | 18" | 24" | 30" | 36" |42" | 48" | 54" | 60" | 66" | 72" | 84" | 96" | 108" [ 120"
M83513** NA | NB| Y3 |ND|[NE|Y4 [NG|NH|NJ|[NK|NL|Y8|NN|NP|NQ|NR

WHITE PA|PB|Y1T|PD|PE|Y2 [PG|PH|PJ|PK|PL|Y7|PN|PP|PQ|PR

* = Connectors with more than 100 contacts will repeat color code after 100 colors.
** = Wire colors per M83513 are ten solid colors repeating.
*** = Per M83513, corrosion has been experienced on connectors that are pre-wired with 22759/33 and stored in sealed environments.
Caution should be excercised when using this wire.
= Option not RoHS compliant
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Polarized Keying

Hardware

Select the appropriate two digit number above and include as the last two digits of the hardware code in the part number.

(Keying hardware is factory installed and non-removable).
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

AirBorn:
MM-222-009-213-2200 MM-222-037-213-2200 MM-212-009-113-4500 MM-212-037-145-4100 MM-222-015-213-

0000-900 MM-222-009-261-00WQ-900 MM-222-031-213-0000-900 MM-212-031-145-4100



https://www.mouser.com/airborn
https://www.mouser.com/access/?pn=MM-222-009-213-2200
https://www.mouser.com/access/?pn=MM-222-037-213-2200
https://www.mouser.com/access/?pn=MM-212-009-113-4500
https://www.mouser.com/access/?pn=MM-212-037-145-4100
https://www.mouser.com/access/?pn=MM-222-015-213-0000-900
https://www.mouser.com/access/?pn=MM-222-015-213-0000-900
https://www.mouser.com/access/?pn=MM-222-009-261-00WQ-900
https://www.mouser.com/access/?pn=MM-222-031-213-0000-900
https://www.mouser.com/access/?pn=MM-212-031-145-4100

