Sav-Con® connector savers lenaar.

MIL-DTL-5015
941-011 and 942-011 Threaded Coupling

940-011 GENERAL DUTY, 941-011 ENVIRONMENTAL AND 942-011 HIGH RELIABILITY

How To Order

Sample Part Number

94

1 =Environmental 2 = High Reliability

Basic Number 011

Finish SeeTable |

Shell'Size - Insert Arrangement IS EL[:1]

Contact Type P =Pins, Plug Side S = Sockets, Plug Side

Alternate Key Position W, X, Y, Z; See Table Il

D Thread B /— D Thread
rea Class 2B
Class 2A—\

Interfacial Seal

e

Y

C  PLUGEND

RECEPTACLE END A

X XXX XAXAXXX
XAAXAXAXXNX

YOO
YYYYYYYYYYY

Shell A B C D Thread Shell A B C D Thread
Size Ref Max Max Class 2A Size Ref Max Max Class 2A
08sS .500 (12.7) 1.750 (44.5) .844 (21.4) 1/2-28 UNEF 20 1.250 (31.8) | 2.125 (54.0) | 1.469 (37.3) 11/4-18 UNEF
10SL 625 (15.9) | 1750 (44.5) | .969 (24.6) 5/8-24 UNEF 22 1375 (34.9) | 2125 (54.0) | 1.594 (40.5) 13/8-18 UNEF
1258 750 (19.1) 1750 (44.5) | 1.062 (27.0) 3/4-20 UNEF 24 1.500 (38.1) | 2.125 (54.0) 1.719 (43.7) 11/2-18 UNEF
12 750 (19.1) | 2125 (54.0) | 1.062 (27.0) 3/4-20 UNEF 28 1750 (44.5) | 2.125 (54.0) | 1.969 (50.0) 13/4-18 UNS
14S .875 (22.2) 1750 (44.5) | 1156 (29.4) 7/8-20 UNEF 32 2.000 (50.8) | 2.125 (54.0) | 2.219 (56.4) 2-18 UNEF
14 875 (222) | 2125 (54.0) | 1156 (29.4) 7/8-20 UNEF 36 2250 (57.2) | 2125 (54.0) | 2.469 (62.7) 21/4-16 UNS
16S 1.000 (25.4) | 1750 (44.5) | 1.250 (31.8) 1-20 UNEF 40 2.500 (63.5) | 2.125 (54.0) | 2719 (69.1) 21/2-16 UN
16 1.000 (25.4) | 2125 (54.0) | 1.250 (31.8) 1-20 UNEF 44 2750 (69.9) | 2.125 (54.0) | 2.969 (75.4) 23/4-16 UN
18 1125 (28.6) | 2125 (54.0) | 1344 (341 11/8-18 UNEF 48 3.000 (76.2) | 2125 (54.0) | 3.219 (81.8) 3-16 UN
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Sav-Con® connector savers lencar.

MIL-DTL-5015

Reference Information

Table I: Material and Finish Table lI: Shell Size and Insert Arrangement:

P(I:a(::‘l‘r;g Material Finish Shell Size Arralrr:;::mnt Contact Size: Quantity Service AIteg:)asié:igzzway
M Electroless Nickel pest. DRsLbE 16 | 12 8 4 o fating we x|y |z
B Cad Plate, Olive Drab 085 851 ! A - - - -

Cadmium Plate Olive 105 1052 ! A - - - -
NF Drab over Electroless 10SL 105L-3 3 A - - - -
Nickel 10SL-4 2 A - - - -
NC g Zinc-Cobalt 125 125-3 2 A 70 | 145 | 215 | 290
€ . - 145-2 4 Inst. - | 120 | 240 | -
ZN S Olive Drab Zinc-Nickel
=< 14S-5 5 Inst. - 10 - -
N #1E VEED ey 145 145-6 6 Inst. | - | - | - | -
MT Grey™ (Nickel
Flourocarbon Polymer) 1457 3 A %0 | 180 | 270 | -
N 14S-9 2 A 70 | 145 | 215 | 290
ZR Zinc Nlckel, Black
16-7 2 1 A 80 | 110 | 250 | 280
ME Electroless Nickel (RoHS) 16-9 > A 35 | 110 | 250 | 325
2L Stainless | Electro-Deposited 16 16-10 A 90 | 180 | 270 | -
Steel | Nickel 16-11 A |35 | 10 | 250 | 325
165-1 7 A 80 - - 1280
16S 165-4 2 D 35 | M0 | 250 | 325
165-8 5 A - 170 | 265 -
18-1 10 Inst. 70 | 145 | 215 | 290
18-4 D 35 | M0 | 250 | 325
18-8 1 A 70 = - | 290
18-9 5 2 Inst. 80 | 10 | 250 | 280
8 18-10 4 A - 120 | 240 -
18-1 5 A - 170 | 265 -
18-12 A 80 = - | 280
18-22 3 D 70 | 145 | 215 | 290
20-4 4 D 45 | 110 | 250 -
20-7 8 A 80 | 110 | 250 | 280
20-14 3 2 A 80 | 110 | 250 | 280
20-15 7 A 80 - - | 280
20 20-16 7 2 A 80 | 110 | 250 | 280
20-18 3 A 35 | M0 | 250 | 325
20-2 1 D = = = -
20-27 14 A 35 | M0 | 250 | 325
20-29 17 A 80 - - 280
22-2 D 70 | 145 | 215 | 290
22-22 A - 110 | 250 -
22-5 4 2 D 35 | M0 | 250 | 325
22 22-13 A 35 | M0 | 250 | 325
22-14 19 A 80 - - | 280
22-18 8 A 80 | 110 | 250 | 280
22-19 14 A 80 | 110 | 250 | 280
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Sav-Con® connector savers lenair:

MIL-DTL-5015

Reference Information

Table II: Shell Size and Insert Arrangements INSERT KEYING
Shell Size Insert Contact Size: Quantity Service Alte;‘nat.e- MGEY POSITION
Desig. Arrangement Rating ositions
Dash No. 16 12 8 4 0 we | X° | Y | Z°
24-4 3 1 D 80 | 110 | 250 | 280
24-7 14 2 A 80 | 10 | 250 | 280
24-10 A 80 - - 280
24 24-1 6 A 35 | 110 | 250 | 325
24-20 9 2 D 80 | 110 | 250 | 280
24-22 4 D 45 | 110 | 250 -
24-28 24 Inst. 80 | 110 | 250 | 280
28-2 12 2 D 35 | 110 | 250 | 325
28-9 6 D 80 | 10 | 250 | 280
28-11 18 4 A 80 | 10 | 250 | 280
28 28-12 26 A 90 | 180 | 270 -
28-15 35 A 80 | 10 | 250 | 280
28-17 15 A 80 | 10 | 250 | 280
28-21 37 A 80 | 110 | 250 | 280 PIN INSERT FACE VIEW
321 3 2 D 80 | 110 | 250 | 280 NORMAL INSERT
32-6 6 2| 3 | 2 A 80 | 110 | 250 | 280 KEYING SHOWN
32-7 28 Inst. 80 | 125 | 235 | 280
2 32-9 12 2 D 80 | 110 | 250 | 280
32-15 6 2 D 35 | 110 | 250 | 280
32-17 4 D 45 | 110 | 250 -
36-4 3 A 70 | 145 | 214 | 290
36-5 A - 120 | 240 -
36-6 4 2 A 35 | 110 | 250 | 325
36-7 40 7 A 80 | 110 | 250 | 280
36 36-8 46 1 A 80 | 110 | 250 | 280
36-9 14 14 2 1 A 80 | 125 | 235 | 280
36-10 48 A 80 | 125 | 235 | 280
36-14 6 5 5 D 90 | 180 | 270 -
36-15 35 A 60 | 125 | 245 | 305
40-10 16 9 4 A 65 | 125 | 225 | 310
40 40-56 85 A 72 | 144 | 216 | 288
44 441 36 6 D 65 | 125 | 225 | 310
48 48-5 90 9 1 A 65 | 125 | 225 | 310
Table lll: Capacitor Array Code
Capacitance Range For filtered
Connectors
Class C - Circuit (pF)
X 80,000 - 120,000
Y 40,000 - 60,000
V4 30,000 - 45,000
A 19,000 - 28,000
B 16,000 - 22,500
C 9,000 - 16,500
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Glenair:
942-011NF40-56PW 942-011NF40-56PZ 942-011NF40-56P 942-011NF40-56PX 942-011NF40-56PY



https://www.mouser.com/glenair
https://www.mouser.com/access/?pn=942-011NF40-56PW
https://www.mouser.com/access/?pn=942-011NF40-56PZ
https://www.mouser.com/access/?pn=942-011NF40-56P
https://www.mouser.com/access/?pn=942-011NF40-56PX
https://www.mouser.com/access/?pn=942-011NF40-56PY

