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SIGN | DATE DESCRIPTION APPROVER
A\ | 6/24'06 | Torque standard is changed from 3.5Lb-In to 1.7Lb-In Marvin
A\ [10/704'06| The structure is changed Marvin
A p00%.08.29Add the tolerance fable Jacke
/\ P009.08.29 The Operating temperature is changed Jacke
A P009.08.29 Poles are changed from 2-24P to 4-2LP. Jacke
THIS IS CAD DRAWING, DO NOT REVISE MANUALL Y
la Material
® |tem a Clamp: Brass(CuZn) Ni plated
@\ @ Item b Terminal screw: Steel Zinc plating “-" slot type
T~_2145 @ Item c Female contact: PhBz, Tin or Au plated.
® [tem d Terminal (housing): Thermoplastic (UL94V-0)
6\ gég 6\ ® Item e Terminal (cover): Thermoplastic (UL94V-0)
\I\yl = = |\y| Electrical
7 ® Voltage rating: 300VAC
o Current rafing: 10A
® Wire range:
@ Solid wire(AWG): 16-22
o Stranded wire(AWG): 16-22
e Torque(Lb-In): 1.7
. @ Screw: M3
Dim A © 06 @ Wire strip length: 5-6mm
25 Dim B® PY Wifhsf_anding Voltage: 1.6KV
o Operafing temperafure: -40°C fo +115°C
5.00 ® ® Safety Approval: &%\ 4
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a s A 04 4 CONTACTS 0 Black (RAL9005) 0000 Standard @ Logo  RoHS
05 5 CONTACTS 2 Red(RAL3001/D} 000A Standard ANY Logo Pp<40 000ppm
h Uuupp
N 3 Orange(RAL2011/P)Any special item by
24 24 CONTACTS & Yellow(RAL1018/A)customer request,
25 5 Green(RAL6018/T) please confact sales
6 Blue (RAL5015/A) department.
8 Grey(RAL7035/D)
N _ _ CUSTOMER COPY
Dlm A Dlm B ALL RIGHTS RESERVED. REPRODUCTION OR ISSUE TO THIRD PARTIES IN ANY
N - Number of poles |5-82_ | 05 | 0.5 ] FATE M et e o1
Dim A=Nx5.0 9-12p | +0.20 | £0.20 TITLE | TT - 5.0mm Series Solid block
Dim B=(N=-1)x5.0 13-18p| £0.30 | +0.30 PARTNO. | TTxx01x1xxxxG DWG NO. | 8TT0301
19_2[43 £0.40 +0.40 APPROVED | CHECKED DESIGNED DRAWN CUST NO. XTOleran(OeSO
ke | ke | @ & himoe | Sy o
2009.08.25 | 20090825 —chrrr o107 TRev. € Xoa°
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Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Amphenol:

TT0401810000G TT0501810000G TT0601810000G TT0701810000G TT0801810000G TT0901810000G
TT1001810000G TT1101810000G TT1201810000G TT1301810000G TT1401810000G TT1501810000G
TT1601810000G TT1701810000G TT1801810000G TT1901810000G TT2001810000G TT2101810000G
TT2201810000G TT2301810000G TT2401810000G



https://www.mouser.com/amphenol-anytek
https://www.mouser.com/access/?pn=TT0401810000G
https://www.mouser.com/access/?pn=TT0501810000G
https://www.mouser.com/access/?pn=TT0601810000G
https://www.mouser.com/access/?pn=TT0701810000G
https://www.mouser.com/access/?pn=TT0801810000G
https://www.mouser.com/access/?pn=TT0901810000G
https://www.mouser.com/access/?pn=TT1001810000G
https://www.mouser.com/access/?pn=TT1101810000G
https://www.mouser.com/access/?pn=TT1201810000G
https://www.mouser.com/access/?pn=TT1301810000G
https://www.mouser.com/access/?pn=TT1401810000G
https://www.mouser.com/access/?pn=TT1501810000G
https://www.mouser.com/access/?pn=TT1601810000G
https://www.mouser.com/access/?pn=TT1701810000G
https://www.mouser.com/access/?pn=TT1801810000G
https://www.mouser.com/access/?pn=TT1901810000G
https://www.mouser.com/access/?pn=TT2001810000G
https://www.mouser.com/access/?pn=TT2101810000G
https://www.mouser.com/access/?pn=TT2201810000G
https://www.mouser.com/access/?pn=TT2301810000G
https://www.mouser.com/access/?pn=TT2401810000G

