
NOTES:
 
1. MATERIAL: SEE TABLE
2. FINISHES: SEE TABLE
3. INCH DIMS ARE SHOWN IN BRACKETS [XXX]
4. "XX" REFERS TO QTY. OF CIRCUITS
5. PRODUCT SPEC: PS-39980-001
6. ASSEMBLY IS ROHS COMPLIANT
7. ALL DIMS ARE REFERENCE UNLESS NOTED OTHERWISE
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MATERIAL NO.
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RECOMMENDED PTH PATTERN
         SCALE 2:1
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FORMAT: Eng-lega-master-tb-prod-B
REVISION: E1
DATE: 2021/05/01
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CURRENT REV DESC: REMOVED OBSOLETED PART
NUMBERS AS PER PCN#514486.

EC NO: 774109
DRWN: RAVINR1 2023/12/27
CHK'D: GGA 2024/01/29
APPR: GGA 2024/01/29
INITIAL REVISION:
DRWN: R.KEMP 2001/12/05
APPR: L.ROTHAUS 2003/10/17
THIRD ANGLE PROJECTION DRAWING SERIES

B-SIZE 39980

DIMENSION UNITS SCALE

mm/IN NTS
GENERAL TOLERANCES
   (UNLESS SPECIFIED)

MM INCH
4 PLACES ± ±

3 PLACES ± ± 0.005

2 PLACES ± 0.13 ± 0.01

1 PLACE ± 0.3 ±

0 PLACES ± ±

ANGULAR TOL ± 2.0 °

DRAFT WHERE APPLICABLE
MUST REMAIN

WITHIN DIMENSIONS

5.08/.200 SINGLE ROW 
EUROSTYLE HEADER ASSEMBLY

 PRODUCT CUSTOMER DRAWING
DOCUMENT NUMBER DOC TYPE DOC PART REVISION

SD-39980-006 PSD 001 G1
MATERIAL NUMBER CUSTOMER SHEET NUMBER

SEE CHART GENERAL MARKET  1 OF 1

THIS DRAWING CONTAINS INFORMATION THAT IS PROPRIETARY TO MOLEX ELECTRONIC TECHNOLOGIES, LLC AND SHOULD NOT BE USED WITHOUT WRITTEN PERMISSION
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