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ELECTRICAL SPECIFICATIONS

AL (nH)

Y/Aem™ ") | & (em) |Ae (em?)| Ve (cm’)|Avin(em?)| @1kHz
<10gauss
2.9 5.53 1.84 9.78 1.64 8500+25%

MATE PAIR; CLAMPING FORCE = 32 Ibs.

POWER LOSS @ 100°C

f=100kHz, 2000g P.L. < 4.7 Watts
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