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Alle technischen Daten wurden unter Laborbedingungen ermittelt und können im Praxisbetrieb abweichen.
Es handelt sich bei den Angaben weder um Beschaffenheits- noch um Haltbarkeitsgarantien.
All technical data have been measured in a laboratory environment and can be different during
practical usage of the product. Any product information is for descriptive usage only and not legally binding;
particulary the information does not constitute or provide any legal guarantees ("Beschaffenheitsgarantie" or
"Haltbarkeitsgarantie"). 

General Characteristics Standard Value
Type Bulkhead Housing
Protection class IEC 60529 IP67

Locking System DIN EN 175 301-801
(DIN 43 652) 2 locking levers

Amount x size of cable entries & position -

Climatical Characteristics Standard Value
Climatic category IEC 60068-1 40 / 100 / 21
Temperature range IEC 60068-1 -40°C / +100°C
Upper temperature IEC 60512-11-9 +100°C
Lower temperature IEC 60512-11-10 -40°C

Mechanical Characteristics Standard Value
Mechanical operation IEC 60512-9-1 >500 mating cycles

Material of housing Aluminium die cast alloy
Material of sealings CR

Surface of housing powder coated
Color of housing based on powder coating RAL 900683
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