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11.6 /N NOTET. COMPANY MARK, LOCATION OF MANUFACTURE, MOLDING CAVITY NO. AND MATERIAL
9.5 ARE SHOWN IN THIS AREA.
' NOTE2. LOT IS SHOWN IN THIS AREA.
NOTE3. APPLICABLE WIRE TYPE IS SUMMARIZED IN TABLET.
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PITCH © TERMINAL /' 5 TRIE | BB G [m2] HESVE ()
@ 55x 2) CAVS0. 3 0.3717 ®1.4~1.5
' GPTL 22 0.3717 @1. 57 (REF.)
CAVS0. 5 0.563 ®1.6~1.7
TIN PLATING TERMINAL: AVSS0. 3 0.3717 ®1.4~1.5
MX19S10K451 (SJ033542) AVSSO0. 5 0.563 ®1.6~1.7
FLRY-A 0.35 0.33 ®1.2~1.3
NOTEZ2 FLRY-B 0. 35 (0. 3402) ®1.2~1.4
FLRY-B 0.5 (0. 4536) @1.4~1.7
3 GROMMET 1 SILICONE RUBBER - COLOR: GREEN
2 SEALING RING 1 SILICONE RUBBER - COLOR: BROWN
1 SOCKET HOUSING 1 PBT - GOLOR: BLACK
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