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A
网口变压器 (10/100BASE

Features :

1、IEEE 802.3af/ANSI X3.263 compliant performance.

2、Operating Humidity: 90%RH

3、Storage temperature range: -40℃~+85℃, 90%RH.  

4、RoHS compliant 
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