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CARCLO TECHNICAL PLASTICS (SLOUGH)
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; SL1 4PF, ENGLAND
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PART No. DESCRIPTION pCALE CARCLO PART No.
10362 GREEN POLYCARBONATE 2:1 SEE TAB LE
10363 BLACK POLYCARBONATE - SRS S — FEET
NOTES:- 10364 WHITE POLYCARBONATE
1. MATERIAL: SEE TABLE 10365 CLEAR POLYCARBONATE A3 60487 1 OF 1
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