
C

B

A

D

E

F

C

B

A

D

E

F

4321 8765

4321 8765

DRAWN DATE:

8/7/19 NS
SHEET 1 OF 1

- THIRD ANGLE PROJECTION

DRAWING/PART NUMBER:

STANDARD TOLERANCE:
(UNLESS OTHERWISE SPECIFIED)

LINEAR:   ±0.3mm 

UNLESS OTHERWISE SPECIFIED:

20 POS FFC
REVISION:

1.0
SIZE:

A3
SCALE:

DRAWN BY:

S. Baxi

 THIS DRAWING IS SOLELY THE PROPERTY OF NEWHAVEN DISPLAY INTERNATIONAL, INC.
THE INFORMATION IT CONTAINS IS NOT TO BE DISCLOSED, REPRODUCED OR COPIED IN
WHOLE OR PART WITHOUT WRITTEN APPROVAL FROM NEWHAVEN DISPLAY.

- DIMENSIONS ARE IN MILLIMETERS

SYMBOL REVISION DATE

DO NOT SCALE DRAWING

APPROVED BY:

APPROVED DATE:

8/7/19

S. Baxi

Parameter Label Value (mm) 
Number of Conductors N 20 
Pitch P 1.0 ± 0.05 
Total Pitch PT 19 ± 0.05 
Total Length L 200 ± 2 
Insula�on Length IL 194 ± 2 
Margin Width M 0.5 ± 0.05 
Total Width W 21 ± 0.05 
Strip Length S 4 ± 1 
Reinforcing Tape Length B 8.5 ± 2 
Slan�ng A ≤ 0.3 
Terminal Thickness t1 0.32 ± 0.05 
Thickness Insula�on t 0.22 ± 0.05 
Conductor Thickness Ct 0.1 ± 0.005 
Conductor Width 
Support Color 
PET  

Cw 0.6 ± 0.03 
Blue 
0.160 

PET (Insula�on)  0.06 
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