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1. Housing material: PBT , Glass Filled, black, UL 94V-0 Rated.
24.7+0.19

A
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CONTACT MATERIAL: PHOSPHOR BRONZE.

5 CONTACT FINISH: GOLD PLATE IN MATING AREA (SEE TABLE),

120p” MIN TIN PLATE ON SOLDER TAIL, BOTH OVER 50p" MIN
NICKEL UNDERPLATE.

4. SHELL: STEEL, NICKEL PLATE.

0. THREADED INSERTS: BRASS, NICKEL PLATE.
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