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Designed for RG6/6 Quad COAX cable for quick and easy termination of cables for satellite, cable TV, and cable modems.
These connectors feature the following:

« Perfect for terminating cables for satellite, cable TV, and cable modems

o Large hex nut makes it quick and easy to install

o 360° cable gripping sleeve and watertight “O-ring” keep connections secure
o Includes (10) RG6 Connectors

SPECIFICATIONS

CONNECTOR TYPE RG6

STANDARDS IEC 60169-24
TEMPERATURE RANGE -40~+60°C
VIBRATION 100 m/s2 (10~500Hz)
IMPEDENCE 75 Q

FREQUENCY RANGE DC~1GHz

WORKING VOLTAGE 170Vmax
WITHSTAND VOLTAGE 500V (RMS valid value of sea level)
CENTER CONTACT RES. <10 mQ

OUTER CONTACT RES. <5mQ

INSULATION RES. > 1000 MQ
DURABILITY >500 cycles
PRODUCT MATERIAL Nickel

WEIGHT N/A

UPC # 810053351789
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