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Technology parameter
Material and specifications NO.of contacts 2 3 4 5 6 7
Coupllng Threaded Coupling Rated current (A) 5 5 5 5 5 5
Shell material Zinc alloy with Nickel Plate
. . Y Operation limit voltage(AC.V.rms) 200 | 125 125 125 125 125
Insertmaterial  bakelite
) ) Withstanding voltage(AC.V.rms) | minute 1500 | 1500 | 1500 | 1500 | 1500 | 1500 | |
Contactmaterial ~ copper Silver Plate/Nickel
o Insulation resistance (MQ ) 2000 | 2000 | 2000 | 2000 | 2000 | 2000
Termination  Solder
Mating cycle 500 Contactresistance (M Q) 5 5 5 S 5 5
Cable diameter —20°C +85C Solder cup mouth aperture $0.8 | 0.8 | #0.8 | 20.8 | #0.8 | 0.8
Solder inter diameter 91.2 | 1.2 | 91.2 | ¢1.2 | 1.2 | #1.2
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