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XFrux Core Marking
Permeability
1) Lot Number Part number
26 XXXXXX X7020B026
Dimensions Tolerance (%) )
- - Packaging
(mm) (in) (mm) (in)
A 70.5 2.776 0.50 0.020
20.3 0.799 0.30 0.012 Cardboard cut-outs
C 20.0 0.787 0.20 0.008
Physical Characteristics Temperature Rating Note:
Volume Ve (mmS3) Weight (g) . ] o o
Curie Temp: 700°C Cosmetic Standard: Magnetics’ Xflux shapes criteria for
appearance.
28,600 145
Typical DC Bias Performance
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