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2499 | SHELL : Steel 2.5um(100u”) min tin over 1.25um(50u”) min nickel
N 16.33 385 _ BODY : Glass filled thermoplastic.
2 g 5.8 a Flame retardant to UL94 V—0  Color Black
> CONTACTS : copper alloy
'5 gold over 1.25um(50u”) min nickel
\5) BOARDLOCK :  copper alloy, 100u” min. tin. over 50u” min. nickel.
g STAND OFF :  copper alloy, 100u” min. tin. over 50u” min. nickel.
e BN e ELECTRICAL :  Voltage rating : 300 V RMS at 50 Hz
a == Current rating 5.0A.
Insulation resistance >5000 M Ohms
Contact resistance 20 mOhms max.
Waterproof rate : IP67
CLIMATIC : Temperature range —55 °C up to 125°C
Damp heat 56 days(40 "C—95% HR)
WATERPROOF RING #4-40UNC MARKING : Amphenol'—...(Serles No.)
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Contact plating:
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