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Dot . . REV. DESCRIPTION DRAWN CHECKED APPROVED
Al Gt |32, 54mm Wafer 2510 Type, 10pin A3k, ZHH, RF A, 424, TYPE A . NEW RELEASE WY 11/08/24 —

JEHIELS: DS1070-10MRV6A
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