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Dep REV. DESCRIPTION DRAWN CHECKED APPROVED

A .
Qty| P/N Code:DC127-2G6 A NEW RELEASE JLZ 10/26/24 -

NOTES:

Standard UL

Rated voltage:300V

Rated current:12A

Wrth standing voltage:AC 1000V/1 Min
Wire range:26~14AWG
Temp.Range:-40°C~+105°C

10+0.30 Strip length:4mm-6mm
Materials:
500_ __| 055 Contact: Copper Alloy,Tin plated.
T Insulator: Nylon.

I |
d Wire guard:Copper Alloy,Nickel Plated.

% % Screw:M2.5,Steel,Zinc Plated.
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