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REAC/ROHSSAMZO REV           ECN NO         DESRIPTION         DESIGN     APPROVAL      DATE

  A1 NEW           Replace frame 2018.06.14

   DESIGN        WANGGUIFA      2018.06.12

 CHECKED       ZHENGUILAN    2018.06.12

APPROVED      LILIANJIANG      2018.06.14

GENERAL TOLERANCE

≥0~2＜   ±0.15

≥2~5＜   ±0.25

≥0~2＜   ±0.15

 ≥5 ±0.35

 SCALE     1:1  UNIT     mm

NAME：
DC CONN
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DWG NO：
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SAMZO COMPONENTS
Electronic switch and connector manufacturer

A.Series: 06:18 Series
B.Spring contact pitch: H-3.0mm
C.Fixing method: 4-90°SMT
D.Product height: 1-4.6/2-5.0/3-6.5/4-7.2mm
E.PIN NO: 6PIN
F:Main body material: 0-LCP
G:Spring contact material: 5-Copper Alloy
H:Mold code: 0-Convention

3.0mm 卧贴带柱

06H4-P067
06H41801.83

06H4-*-6-050

06 H 4 * 6 0 5 0

Performance:
1.Rated Current: 2.0 A
2.Rated Voltage: 12 V
3.Withstand Voltage: 500 V
4.Contact Resistance: 30 mΩ
5.Insulation Resistance: 500 MΩ
6.Operating Temperature: -40°C to +85°C

7.Plastic Parts (Material): LCP (black)

8.Contact Points (Material): Copper Alloy
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